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20 Ft. LED Color Chasing And Tunable White Tape Light
With Remote

Features

— 4%
¢ Control dynamic lighting patterns for a fun and festive ambiance R

e Set the perfect mood in any space with RGB color and Tunable
White

¢ Fits any space by cutting to size, or linking up to 40 feet for

expansive projects i’ !
¢ Ideal usage: Cabinet Lighting, Outdoor Lighting \ ,:f éﬁ
¢ Special Features: Remote Control, Linkable \xf\ j
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Specifications

Item Number Item Length (In) Item Width (In) Item Height (In)

TAPE240/CHASE 237.5 0.5 0.3

Brightness (LUMENS) Color Accuracy (CRI) Color Temperature (CCT) Life Hours

1000 80 RGBW 25000

Life Years Voltage (V) Energy Used (Wattage) Battery Operated

22.8 100-240 24 Yes

Pack Quantity Bulbs Included Smart Portable

1 Yes No Yes

Dimmable Hardwire Enclosed Fixture Rated Safety Location

No No No Wet

CEC Compliant Warranty Years

Not Regulated 1
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