








PACKAGE INCLUDE

Step 2: Install the two support frames as the figure shows.Repeat once, and install
the other side.

36 INCH DRUM FAN
F

T-36
PRODUCT USE GUIDE

A — Product Body

E — Support Frame
G — Plum Knob

H — Silicone Gasket

1 x Drum Fan 1 x Screwdriver 1 x Owner's Manual

ASSEMBLY INSTRUCTIONS

Step 1: Rotate and remove the two plum knobs and silicone gasket on the product. Step 3: Rotate and remove the screws and gasket on the left and right sides of the

wheel crossbeam.
c %
C — Wheel Crossbeam

A — Product Body
G — Plum Knob

H — Silicone Gasket
B — U-Shaped Rod

C — Wheel Crossbeam
F — Wheel




Step 5: Fasten the fixed crossbeam with screws.

D — Fixed Crossbeam
| — Crossbeam Screw

Step 6: Remove the four screws on the support frames, put the support frames on
the U-shaped rods, and lock it with the screws.

NOTE : If the angle of the support frame is not enough, loosen the plum knob to adjust.

OPERATION INSTRUCTIONS

1. Plug the power cord into 120V the volt AC wall outlet.

2. You can turn the switch to 1, 2, or 3 to select low / medium / high speed( Figure A )

3. You can loosen the plum knobs and adjust the vertical oscillation of the fan, max
360 degrees ( Figure B)

NOTE : After the product body angle is adjusted to 180°, the handle will rotate to the

bottom of the fan. If you want to use the handle, please adjust it by another 180°.

Figure A Figure B

STORAGE & MAINTENANCE GUIDELINES

. Turn the control OFF and unplug the fan before cleaning.
. Use only a soft damp cloth to clean the fan.
. Do not place the fan in water and never allow water to drip into the Motor Housing.

. To clean the fan blade, remove the front grill and wipe the blade and grills.
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4. Do not use gasoline, paint thinner or other chemicals to clean the fan.
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6. Store the fan in its original box or cover the fan to protect it from dust.
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. Store it in a cool and dry place.



Things To Be Best With Us




