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Euri Lighting

170W

REPLACEMENT
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LED VANITY LIGHT Vi e

Model No. EIN-VL22BK-2000e
This Euri Lighting LED bathroom light effortlessly accomplishes a sleek and modern

Dimmable

style with a half cylinder shape, frosted lens and brushed nickel housing. The neutral Energy Efficient
color and simplistic design of this vanity light allows it to easily pair with essentially _ (TRIAC)
numerous interior design types. Designed to give you the option between
2700K/3000K/3500K/4000K/5000K all conveniently in one vanity light. Dimmable ( J
and UL Certified, this LED fixture is fully-integrated and maintenance free. _ @
€ Matte Black Steel & D Rated Integrated
Frosted Plastic Lens BN LED Fixture
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Electrical Specifications

o 2700/3000/3500
EIN-VL22BK-2000e 24 W 120V/60Hz 1700 Im 150 N/A 4000 /5000K
I e e T e
79 Im/W 0.213 A 50,000 Hrs. $2.89

Mechanical Specifications

Operational Temperature Inner Box QTY. Master Box QTY. UPC Code

Damp Rated -4°F - 104°F 1 pc 4 pcs 24”(W) x 3.54"(L) x 5"(H 811174037163

Product Dimensions Product Photometric Data

24" 3.54”
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