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Technical Data

Color Black

Sizes Available oS

Packaging Bagged Each

Packed 72 Pair/Case

Case Dimensions (in) 19.29 x 11.81x 10.63

Case Weight (lbs) 13.89

Country of Origin Taiwan

Lens Clear

Frame Style Foam-Lined

Lens Color Clear

Frame Fit Universal

Lens Coating Anti-Scratch, Anti-Fog

Bridge Rubber

Temple Bayonet, Rubber Tips

Diopter 2.00
Bouton® Optical Fuselage™ Base Curve 8

Certifications ANSI z871, TAA Compliant

Reader

Full Frame Safety Readers with Black Frame,
Foam Padding, Clear Lens and Anti-Scratch /
Anti-Fog Coating - +2.00 Diopter

* Flame resistant soft foam padding forms a seal to keep out dust and
airborne particles

e Comes with both temples AND elastic headband strap

e Temples and strap snap in or out...easily converts from a safety

glass to a dust goggle and back

Bayonet nylon temples with rubber tips for a secure fit

Molded nose bridge design to fit the vast majority of users

8 Base curve lens

+2.00 Diopter

Meets ANSI 7871+

® Meets CSA 794.3

¢ /& WARNING: Reproductive Harm - www.P65Warnings.ca.gov

Applications

Dusty Work Areas
General Manufacturing
Construction Applications
Indoor Work
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SKU Information

LENS
SKU FRAME COLOR LENS LENS COLOR COATING UPC UPC (INNER) UPC (CASE)
250-51-0015 Black Clear Clear AS/AF 616314156588 01616314156587 02616314156586
250-51-0020 Black Clear Clear AS/AF 616314156595 01616314156594 02616314156593
250-51-0025 Black Clear Clear AS/AF 616314156601 01616314156600 02616314156609
250-51-0030 Black Clear Clear AS/AF 616314156618 01616314156617 02616314156616

KEY: AF = Anti-Fog / AR = Anti-Reflective / AS = Anti-Scratch / FL360 = Fogless 3Sixty / U = Uncoated
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