
Besa Lighting Co., Inc.  •  6695 Taylor Rd.  •  Blacklick, OH 43004  •  tel 614-762-8900  •  fax 614-762-8901  •  www.besalighting.com        

All dimensions provided are nominal.  
Allowance must be made for dimensional tolerance in handcrafted glasses.

For ordering information, see next page

Vanities wall location: 
DAMP

p h a n t o m  6

smoke/clear (Phan6sc)

SPECIFICATIONS:
DESCRIPTION
1-3 light vanity luminaires featuring handcrafted glass shade(s).

LAMPING
Standard: 60W Medium-based 120V, lamp not included. Dimmable with 
standard incandescent dimmer (not included). 
LED Filament: 5W Replaceable source, 120V, dimmable, 90+ CRI, 450 lumens, 
15,000 hours. Lamp included.

DIFFUSER
Shade shall be handcrafted glass of various decors. 6” Dia. x 7.25” H. 

CONSTRUCTION
Backplate and Bar are plated steel.

METAL FINISH
Fixture shall be finished in Bronze or Satin Nickel.

MOUNTING
Installs directly to a 4” octagonal outlet box. Wall-mount only.

LABELS
UL or ETL Listed. Suitable for Damp Locations (interior use only).

phan6cl
clear

PHAN6WC
white/clear
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Project Information:

ORDERING:

vanities wall

p HANTOM       6

3WC: 25” L

2WC: 16” L

1WC: 6” L

16” 8.25”

9” 9”

FIXTURE - SHADE Options - Lamp Options - Metal Finish
1WC Sconce PHAN6CL Clear (blank) 60W T10 Incan BR Bronze
2WC 2-Light PHAN6SC Smoke/Clear EDIL 5W LED Filament SN Satin Nickel
3WC 3-Light PHAN6WC White/Clear

E x .  1 WC - P H A N 6 S C - B R
P h a n t o m  6  S c o n c e ,  S m o k e / C l e a r, 
B r o n z e  F i n i s h


