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KwikBoost Wall
Mounted Mini
Charging Hub

Product Specifications i

Item Number

Materials

Color

Charging Cables

Charging Power

AC Power Adapter

Compatible Devices
Available Features
Shipping Method
Assembly Required
Warranty

Certifications
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KBMCHWM

Charging ledge: Acrylic
Wall mount bracket: Powder-coated steel
Charging cables: braided nylon sleeve, tinned copper wire

Charging ledge: black standard graphic or custom full-color graphic
Cables: Black and gray

Cable type: charge and sync

Cable mix: 2 Lightning, 2 USB-C

Maximum power transfer: 2.4A

Durability testing: 220 Ib. pull and 100,000 bend cycles

5V, 2.4A (12w) per port

Output: 14V / 4A

Input: 100-240V ~ 50/60Hz 1.5A Max.
Plug type: NEMA 1-15P

Cord length: 5 ft

Smartphones and tablets (WARNING: not compatible with laptops)
Custom graphics

Ground

No (comes fully assembled, requires wall mounting, hardware included)
1-year limited (extended warranty and maintenance programs available)

Charging station: cETLus
Charging cables: RoHS (all), MFi (Lightning only)
Power adapter: cULus
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Product Matrix

Part # Description Custom
Graphics

KB94018 Basic Wall Mounted Mini Charging Hub No

KB94019 Custom Branded Wall Mounted Mini Charging Hub Yes

Dimensional Drawings

KB94018

Product
Weight

4.5 Ibs.

4.5 |bs.
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Product
Dimensions

217"Wx4"Dx14"H

21"Wx4"Dx14"H

Shipping
Weight

5 Ibs.

5lbs.

Shipping
Dimensions

217"Wx 6"Dx16"H

217"Wx 6"Dx16"H



