
Journey™

Part No. Color
JR0110ID Clear
JR0111ID Clear A/F
JR0120ID Smoke
JR0121ID Smoke A/F
JR0140ID Amber
JR0160ID Silver Mirror
JR0170ID Blue Mirror

Packaging
Unit Qty
Box 12
Case 300

MEETS ANSI UVA/UVB PROTECTION HARD COAT ANTI-FOG

Displays

Journey™

Part No. Color
JR0190ID Indoor/Outdoor
JR0191ID I/O Anti-Fog
JR01B0ID Light Blue
JR01B1ID Light Blue A/F
JR0130ID IRUV 3.0
JR0150ID IRUV 5.0

STANDARD IMPACT SPEED CALIBER / SIZE PROJECTILE

ANSI Z87.1 +
High Velocity

150 feet / second 0.25 inch diameter
steel ball (25 caliber)45 meters / second

Mil-PRF-31013
VO Ballistic

640-660 feet / second 0.15 inch diameter
steel projectile (15 caliber)195 meters / second


