
Extremely fast and cool cutting action on stainless steel. Excellent for 
cutting applications on pipe, tubing, rod, and sheet metal. 

PRODUCT FEATURES
  
  Reinforced resinoid - Fast cutting - Cool cutting

PRIMARY APPLICATIONS
  
  Cutting tube and pipe - Cutting rod - Cutting sheet metal

METALS
  
  Stainless Steel - INOX formula is specialized for stainless steel, but 
  Alpha-Green Cut-Off Wheels can be used on all types of steel.

AVAILABILITY
  
  Type 1 Straight Sided Wheels
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ALPHA-GREEN Cut-Off Wheel

Die Grinder

Angle Grinder

Angle Grinder

In-stock item

DIAMETER X THICKNESS X ARBOR SPECIFICATION MAX
RPM

PART #

inch mm

3 x .040 x 1/4 75 x 1 x 6 A60-INOX-BF 25,100 860010

3 x .045 x 1/4 75 x 1.1 x 6 A46-INOX-BF 25,100 860011

3 x .040 x 3/8 75 x 1 x 10 A60-INOX-BF 25,100 860000

3 x .045 x 3/8 75 x 1.1 x 10 A46-INOX-BF 25,100 860001

4 x .040 x 3/8 100 x 1 x 10 A60-INOX-BF 15,000 860012

4 x .045 x 3/8 100 x 1.1 x 10 A46-INOX-BF 15,000 860013

4 x .040 x 5/8 100 x 1 x 16 A60-INOX-BF 15,000 860002

4 x .045 x 5/8 100 x 1.1 x 16 A46-INOX-BF 15,000 860003

4.5 x .040 x 7/8 115 x 1 x 22.2 A60-INOX-BF 13,300 860004

4.5 x .045 x 7/8 115 x 1.1 x 22.2 A46-INOX-BF 13,300 860005

5 x .040 x 7/8 125 x 1 x 22.2 A60-INOX-BF 12,200 860006

6 x .040 x 7/8 152 x 1 x 22.2 A60-INOX-BF 10,200 860008

6 x .045 x 7/8 152 x 1.1 x 22.2 A46-INOX-BF 10,200 860009

  Type 27 Depressed Center Wheels

DIAMETER X THICKNESS X ARBOR SPECIFICATION MAX
RPM

PART # 

inch mm

4 x .040 x 5/8 100 x 1 x 16 A60-INOX-BF 15,000 870002

4 x .045 x 5/8 100 x 1.1 x 16 A46-INOX-BF 15,000 870003

4.5 x .040 x 7/8 115 x 1 x 22.2 A60-INOX-BF 13,300 870004

4.5 x .045 x 7/8 115 x 1.1 x 22.2 A46-INOX-BF 13,300 870005

5 x .040 x 7/8 125 x 1 x 22.2 A60-INOX-BF 12,200 870006

6 x .040 x 7/8 152 x 1 x 22.2 A60-INOX-BF 10,200 870008

7 x 1/16 x 7/8 178 x 1.6 x 22.2 A46-INOX-BF   8,600 870010


