
ARI1717AP
Aria Semi-Flush Mount
Antique Polished Nickel

DIMENSIONS

Dimensions: 17.00" W x 14.75" H x 17.00" D
Canopy Dimensions: 5.50"W x 0.75"D
Chain/Downrod Length: 2 (0.5"D x 6") and 2 (0.5"D x 12")
Down Rods
Weight: 5.85 lbs

DETAILS

Material: STEEL
Glass/Shade Description: Opal Glass - Glass -
Frosted

LAMPING

Light Source: Incandescent
Bulb Included: No
Bulb Type: Medium Base
Bulb Quantity: 3
Watts per Bulb: 100

ELECTRICAL

Dimmable: Yes
Voltage: 120v
Wire Length: 8'

INSTALLATION

Location Rating: Damp
Install Position: N/A
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