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The iCleanse Swift 5x is a convenient and easy 
to use, chemical-free UVC disinfection station. 
Designed for maximum exposure, iCleanse’s 
patented technology applies consistent 
germicidal light to 99% of the surface area of the 
item you place in it.

The iCleanse Swift 5x is easy to integrate into 
day-to-day activities and take the guess 
work out of disinfecting. In as little as 30 
seconds, iCleanse units effectively kill 99.9% 
of infectious pathogens like influenza, the 
common cold and coronavirus.*

Each Swift 5x unit is equipped with a graphical 
user interface to easily start a disinfection cycle 
or make customizations in the settings. For 
every set of lamps, there are 4,000 cycles and a 
warning indicator when it’s time to reorder. Easily 
customize your Swift units disinfection time. 
30 seconds for common pathogens and 120 
seconds to be sporicidal.

This unit offers multiple bays to store, lock, charge 
and disinfect up to 5 mobile phones or tablets.

*Tested against COVID-19 surrogate OC43

Store and charge 
up to 5 devices

Graphical, easy to use 
user interface

Lamp replacement 
indicator light

Independent lab 
testing

Swift 5x

About iCleanse Swift 5x

Disinfecting docking station 
that stores, locks, charges & 
disinfects up to 5 devices
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Tech Specs Swift 5x

Dimensions 15.5” x 17.5” x 17.5”

Weight 46 lbs

Basket Accommodations 8.5” x 11” x .75”

Disinfection Cycle Time User Defined – Default is 120 seconds

Operating Temperature Range 37°F - 95°F

Operating Humidity Range 5-95% @ 82.4°F 

Storage Humidity Range 0-95% Non-condensing

AC Supply Voltage 120VAC - 240VAC

AC Supplu Current 2.5 Amps

Installation Requirements Level Surface; 3” from obstruction

Power Cord Length 6.5 ft

Disinfection Type General Purpose Disinfection

Shipping Dimensions 30.5” x 22.5” x 13.25”

Shipping Weight 54 lbs

UPC 850024995048

US Patent Numbers: 8296493, 8606981, 8977796, 9254342, 10166308


