AINZLLZI

Specifications

Range Hood

Model: RH-AZ0376TSS

29.8" (758 mm)

Size 30inch Voltage 120V
Mounting Type Under Cabinet Frequency 60 Hz
Ductless No Amperage 1.7 A
Noise Level Less Than 60 db Duct Size (inch) 6" (round) or 3.25" x 10" (rectangular)
Lights 2x2WLED Filter Type 2 x Stainless Steel Baffle Filter
Control Type Touch Panel Remote Control No
Speed Selections 4 Additional Chimney No
Air Flow 600 CFM Vent Install Type Ducted
Material Stainless Steel Dimensions 29.8" (W) x 19.8" (L) x 6" (H)
Color Natural Certifications cETL, CEC
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