6035 [19.80’](External Depth)

3700 [12.14'](External Width)

630 [2.07'](Door Opening)
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1002 [3.29°]

5912 [19.40’]

2796 [9.17°] a 2796 [9.17']

SIDE VIEW

5637 [18.50'](Internal Depth)

[

5882 [19.30’]

(Internal Depth Between Wall Panels)

3230 [10.607]
(Internal Width)

3479 [11.417]
(Internal Width Between Wall Panels)
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PLAN

12' x 20" Metal Garage Dimensions

2495 [8.18’] (Door Opening Width)

3521 [11.55']

ELEVATION

Note — Dimensional tolerance +gg mm.




