
RAYCHEM 200A INSULATING CAP
15, 25, AND 35 kV CLASS

•  Provides insulated, fully 
shielded, submersible 
connection

•  Maintains ground 
potential on the cap’s 
surface when the drain 
wire is connected to a 
common ground

•  Conforms to the ANSI/
IEEE Standard 386

KEY FEATURES TE Connectivity’s (TE’s) Raychem 200A Insulating Cap is available in 
15/25/35 kV class. The insulating cap is meant to provide insulated, 
submersible protection for energized 15/25/35 kV loadbreak interfaces.

They are frequently used temporarily or permanently within padmount  
cabinets, underground vaults, switchgear, transformers, and a variety of 
other apparatus. Typical applications include system maintenance, a circuit 
reconfiguration, and future expansion.

Cap conforms to IEEE Standard 386. These insulating caps are therefore 
interchangeable with other manufacturers’ products that also comply  
with this standard.
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Customers can count on consistent, high quality products, driven by TE’s 
proven innovation and backed by our extraordinary customer support.
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FOR MORE INFORMATION: 
TE Technical Support Centers

USA:  + 1 800 327 6996
France:  + 33 380 583 200
UK:  + 44 0870 870 7500 
Germany:  + 49 896 089 903
Spain:  + 34 916 630 400
Italy:  + 39 333 250 0915
Benelux:   + 32 16 351 731
Canada:  + 1 (905) 475-6222
Mexico:  + 52 (0) 55-1106-0800
Latin/S. America:  + 54 (0) 11-4733-2200
China:  + 86 (0) 400-820-6015

Product Selection Information

Description Attributes Voltage Class (kV) Current Rating

ELB-15-200-IC 15 kV Insulating Cap 15 kV 200

ELB-25-200-IC 25 kV Insulating Cap 25 kV 200

ELB-35-200-IC21 35 kV Insulating Cap (1ph Rated) 35 kV 200

Voltage Ratings

Description 15 kV 25 kV 35 kV

Minimum Partial Discharge 11 19 26

Max Rating Phase-to-Ground 8.3 15.2 21.1

Max Rating Phase-to-Phase 14.4 26.3 N/A

AC 60 Hz 1 Minute Withstand (rms) 34 40 50

DC 15 Minute Withstand 53 78 103

BIL and Full Wave (Crest)  95 125 150

Test Report

EDR 5577 (15 kV), EDR 5579 (25 kV)


