MECHANICAL

BUCHANAN JC6 Series, Dual-Barrier Strips,
375" Centerline, Panel Mount and Extended PC Pin

¢ Recommended tightening torque: 7 in-lbs

ELECTRICAL

* Combination drive screws with #2 Phillips recess
and standard slot

¢ Current and Voltage Rating: 20 A, 300V; 5 A, 600V

¢ Operating Temperature: -40°F to +221°F

¢ Wire Range: 12-22 AWG Copper, [-40°C to +105°C]
Solid or Stranded

MATERIALS

¢ |nsulator Body: UL 94V-0 Thermoplastic, Black ¢ Terminal: Brass, Tin plated

PRODUCT OFFERING

JC6-E208-04 Assembly shown

(Part No. 1546723-4)
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JC6-E307-04 Assembly shown
(Part No. 1546724-4)
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JC6-C707-04 Assembly shown
(Part No. 1546718-4)
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No. of Dimension

Positions A B
2 1.439 [ 36.55] 1.125 [ 28.58]
3 1.814 [ 46.08] 1.500 [ 38.10]
4 2.189 [ 55.60] 1.875 [ 47.63]
5 2.564 [ 65.13] 2.250 [ 57.15]
6 2.939 [ 74.65] 2.625 [ 66.68)
7 3.314 [ 84.18] 3.000 [ 76.20]
8 3.689 [ 93.70] 3.375[85.73]
9 4,064 [103.23] 3.750 [ 95.25]
10 4.439 [112.75] 4.125 [104.78]
11 4.814 [122.28] 4.500 [114.30]
12 5.189 [131.80] 4.875 [123.83]
13 5.564 [141,33] 5.250 [133.35]
14 5.939 [150.85] 5.625 [142.88]
15 6.314 [160.38] 6.000 [152.40]
16 6.689 [169.90] 6.375 [161.93]
17 7.064 {179.43] 6.750 [171.45]
18 7.439 [188.95] 7.125 [180.98]
19 7.814 [198.48] 7.500 [190.50]
20 8.189 [208.00] 7.875 [200.03]
21 8.564 [217.53] 8.250 [209.55]
22 8.939 [227.05] 8.625 [219.08]
23 9.314 [236.58] 9.000 [228.60]

Note: Request customer drawings for complete part number
information.
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