@ Westinghouse SPECIFICATION SHEET

iem Number 6328300 Stella Mira

6 Light Chandelier Brushed Nickel Finish

Speci cations

e Height: 27"

e Diameter: 24"

e Chain: 36"

e Adjustable Cord: 60" max.

e Use (6) Candelabra (E12) Base Lamps,
40 Watt Maximum
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Installation

Refer to instruction manual for installation and additional warnings.
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Warranty Information - 5 Year Limited Warranty
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"'i? Can be used to comply with the 2025 Title 24, Part 6 high-efficacy light source requirements;
where applicable install a Title 24 compliant light bulb (sold seperately) to fill each socket.

Specifications are subject to change without notice, please visit www.westinghouselighting.com for latest information.
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