
10 Ft Outdoor Color & Tunable White Neon Flex Light
With Remote

Features
Bendable design conforms to curved surfaces and irregular shapes
Weatherproof construction for outdoor use
Control colors, tunable white, dimming, and chasing effects from
remote
Special Features: Linkable, Remote Control

Specifications
Item Number

NF10/CHASE

Item Length (In)

230.5

Item Width (In)

2

Item Height (In)

1.3

Technology

LED - SMD

Brightness (LUMENS)

400

Lumen Efficiency (LPW)

26.67

Color Accuracy (CRI)

80

Color Temperature (CCT)

3000-6500

Voltage (V)

120

Annual Energy Cost ($)

1.81

Battery Operated

No

Pack Quantity

1

Bulbs Included

Yes

Smart

No

Portable

Yes

Dimmable

No

Hardwire

No

Enclosed Fixture Rated

No

Safety Location

Wet

CEC Compliant

Not Regulated

Warranty Years

1
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