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DISC LIGHT TRIAC - CCT Selectable  Series

5-year standard warranty (further details available at www.maxlite.com/warranties)
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PROJECT NAME:___________________________________________________________________   CAT. #: _________________________________________________________ 
NOTES:____________________________________________________________________________   FIXTURE SCHEDULE:_____________________________________________
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Description:
The LED Disc Light’s versatility as a flush mount fixture and surface downlight 
saves electrical contractors time, labor and space by making it possible to 
install custom downlighting without a recessed can. This luminaire is wet 
location rated, CCT selectable (2700K/3000K/4000K/5000K), Title 20 and 
UL listed as both a retrofit kit and a luminaire. The slim-profile Disc Light is 
available in two sizes, and mounts directly to a 3”/4”/5”/6” housing and standard 
4” J-Box. In other words, more options and fewer SKUs to stock on distributor 
shelves and job sites!

Providing exceptional performance in general lighting applications for homes, 
hotels, motels and commercial properties, this series can also serve as a cost-
effective temporary lighting solution. The luminaire is the ideal choice for adding 
energy-efficient and longlasting downlighting to bathrooms, showers, spas and 
other indoor wet, damp, dry locations environment.

Features: 
•	 2700K/ 3000K/3500K/4000K/5000K CCT Selectable
•	 CRI: ≥90
•	 Beam angle: 110°

Dimming: 
•	 120V - TRIAC dimming 
 
Construction:
•	 Steel housing 
•	 Plastic lens 

MOUNTING:
•	 DSKL-4R model fits 3”/4” housing and standard 4” J-Box
•	 DSKL-6R model fits 3”/4”/5”/6” housing and standard 4” J-Box
•	 E26 screw-base connector included

Listings:
•	 UL Certified for wet locations, Indoor
•	 ENERGY STAR certified
•	 Supports T24 Part 6 high efficacy lighting requirements

Ordering Information 

FAMILY - SIZE WATTAGE 
(NOMINAL) DIMMING CRI+ COLOR SELECTABLE - TRIM PACK

DSKL= Disk Light - 4R= 4” Round 10= 10W T= TRIAC 9CS= 90 CRI, 2700/3000/3500/
4000/5000 (Default is 3000K)

- W= White [BLANK]= 1 pack

6R= 6” Round 15= 15W [BLANK]=
-6PK

1 pack
6 pack

4”

6”
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Specifications DSKL-4R10T9CS-W DSKL-6R15T9CS-W
DSKL-6R15T9CS-W-6PK

Power Consumption 10W 15W

Equivalency 75W INC 75W INC

Lumens Delivered 850 lm 1,230 lm

Efficacy 83 lm/w 82 lm/w

Beam Angle 110°

CRI ≥ 90

Color Temperature (K) 2700K/3000K/3500K/4000K/5000K (Default is 3000K)

L70 Lumen maintenance ≥ 50,000

Power Factor ≥ 0.9

Input Voltage 120V, 60Hz

Dimming TRIAC Dimming Range: 10%-100%

Operating Temperature -4°F to 104°F (-20°C to 40°C)

Listings ENERGY STAR, ULus, Title 24 Compliant

Environment UL listed for wet location

Warranty 5 Year Warranty

Stocked Items
ORDER CODE MODEL NUMBER ENERGY 

STAR #

112191 DSKL-4R10T9CS-W 3722619

112192 DSKL-6R15T9CS-W 3722620

112193 DSKL-6R15T9CS-W-6PK 3722620

Dimming Compatibility
DIMMER BRAND SERIES DIMMER MODEL

LEGRAND

RADIANT RHCL453PTC

HARMONY HCL453PTCCCV6

HARMONY DCL453PTCCCV6

LEVITON

SURESLIDE Cat.NO.6674

SURESLIDE NO.6672

DECORA 
(SURESLIDE) R12-06672-1LW

ILLUMENATECH R50-IPL06-10M

LUTRON

MAESTRO C-L MACL-153M

SKYLARK C-L SCL-153P

DIVA C-L DVCL-153P

SKYLARK CTCL-153PDH-WH

TOGGLER TGCL-153PH-WH

DIVA C-L DVWCL-153PH-WH
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3 15/16” 
(99mm)

6 1/8” 
(156mm)

1 1/16” 
(26.60mm)

5 1/8” 
(130mm)

7 3/8” 
(187mm)

1” (26mm)

Dimensions:

4”

6”


